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201.26.

Section B - B

Section A - A

Work area             
Order No part 1* a1 x b1 a2 b2 c1 c2 c3 d2 d3 e e1 f l r M
201.26.125.100.□□□.□□ 125 x 100 165 140 50 40 90 25 24 125 206 110 160 - 500 30 24x1.5
201.26.160.100.□□□.□□ 160 x 100 200 140 50 40 90 25 24 160 229 110 160 - 500 30 24x1.5
201.26.160.125.□□□.□□ 160 x 125 200 165 56 40 90 32 30 160 259 139 180 - 500 37 24x1.5
201.26.200.125.□□□.□□ 200 x 125 240 165 56 40 90 32 30 200 286 139 180 - 500 37 24x1.5
201.26.200.160.□□□.□□ 200 x 160 240 200 56 50 100 32 30 200 312 174 200 - 500 37 30x2

*Order number part 2 = add guide type and guide pillar type/length         
� Order example, see beginning of chapter A cast pillar frames     
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https://www.de.shop.fibro.com/en/201-26-
https://fibro.partcommunity.com/3d-cad-models/201-26-s%C3%A4ulengestell-fibro?info=fibro%2Fnormalien%2Fa%2Fa01%2F201_26_asmtab.prj&cwid=4194



