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2021.64.

subject to alterations

RETAINING BUSH FOR GUIDE PILLAR CONICAL 2020.64.

Material:
16 MnCr5
Surface hardness: 60 ± 2 HRC, Hardness penetration 0,8–1 mm

Execution:
Thread not hardenend

Fixing:
2073.48.□□15 order separately.

Mounting example

Order No d1 d2 d3 d5 d6

2021.64.025 25.5 M35x1,5 37 43 27.86
2021.64.032 32.5 M40x1,5 44 50 34.86

2021.64.
      

Retaining bush for guide pillar conical 2020.64.

https://www.de.shop.fibro.com/en/2021-64-
https://fibro.partcommunity.com/3d-cad-models/2021-64-haltebuchse-f%FCr-konische-f%FChrungss%E4ule-2020-64-fibro?info=fibro/normalien/d/d03/2021-64.prj



