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202.61.

subject to alterations

GUIDE PILLAR WITH COLLAR

Description:
On small modular die sets the combination plastic ball cage 206.41./
collared guide pillar 202.61. has indeed been successful for several 
years.

Material:
Steel, surface hardened
Surface hardness: 60 + 4 HRC, Hardness penetration 1 ± 0,2 mm

Execution:
precision ground

Note:
For use with ball cage 206.41. and guide bushes 2062.44.012. or 
2061.44.015.

202.61.
      

Guide pillar with collar

Order No d1 d2 d3 l l1 l2
202.61.012.041.074 12 15.9 12.02 115 41 74
202.61.015.044.080 15 23.5 15.02 124 44 80

https://www.de.shop.fibro.com/en/202-61-
https://fibro.partcommunity.com/3d-cad-models/202-61-f%FChrungss%E4ule-mit-bund-fibro?info=fibro/normalien/d/d02/d02_01/202-61.prj



