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2086.71.

subject to alterations

GUIDE BUSH WITH COLLAR, BRONZE WITH SOLID LUBRICANT, NAAMS

Material:
Bronze with solid lubricant, oilless lubricating

Note:
Bushes can be used with radial or axial motion.
�Matching guide combinations, see selection matrix at the beginning 
of chapter D.
�Assembly guide lines / Dimensional requirements and tolerances at 
the end of chapter D.

Fixing:
(to be ordered separately)
Screw clamps with screws 2072.47 (M8 x 20 DIN EN ISO 4762)

d1 25 32 40 50 63 80 100 125
d2 32 40 50 63 80 100 125 160
d3 40 50 63 71 90 112 140 180
d6 29 34 40.5 44.5 54 65 79 99
l1 40 50 55 63 75 90 115 138
l2 4 4 5 6 8 10 12 12

2086.71.
      

Guide bush with collar, Bronze with solid lubricant, NAAMS

Ordering Code (example):

Guide bush with collar, Bronze with solid lubricant, NAAMS = 2086.71.
Diameter of conduit d1 63 mm = 063
Order No = 2086.71. 063

https://www.de.shop.fibro.com/en/2086-71-
https://fibro.partcommunity.com/3d-cad-models/?info=fibro/normalien/d/d05/d05_02/d05_02_03/2086-71.prj



