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subject to alterations

212.11.
     

Coupling spigot with thread

212.15.
     

Coupling spigot with flange

COUPLING SPIGOT WITH THREAD
COUPLING SPIGOT WITH FLANGE

Order No d3 d4 d5 l3 l5 s1 s2 s3 SW*
212.11.016 M16x1.5 25 32 18 41 13 6.5 23 36
212.11.020 M20x1.5 32 48 23 64 19 9.5 41 50
212.11.024 M24x1.5 32 48 23 64 19 9.5 41 50
212.11.030 M30x2 32 48 23 66 19 9.5 43 60
* SW = Width across flats

Order No d4 d5 d7 d8 l3 l5 s1 s2

212.15.063 25 32 46 63 18 31 13 6.5
212.15.080 32 48 63 80 18 37 19 9.5
212.15.097 32 48 80 97 23 42 19 9.5
212.15.122 32 48 105 122 23 42 19 9.5

https://www.de.shop.fibro.com/en/212-11-
https://www.de.shop.fibro.com/en/212-15-
https://fibro.partcommunity.com/3d-cad-models/212-11-kupplungszapfen-mit-gewinde-fibro?info=fibro%2Fnormalien%2Fc%2Fc01%2F212_11.prj&cwid=2951
https://fibro.partcommunity.com/3d-cad-models/212-15-kupplungszapfen-mit-flansch-fibro?info=fibro%2Fnormalien%2Fc%2Fc01%2F212_15.prj&cwid=2951



