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213.13.

subject to alterations

LIFTER STUD

213.13.
      

Lifter stud

Order No b d1 d2 d3 d4 h h1 l2 l3 l4 l5 l6 l7 t1 t2 Lifting capacity [kg]
213.13.060 60 32 13.5 20 44 24 40 8 60 14 100 32 24 15 29 2,000
213.13.080 80 40 17.5 26 60 32 50 10 70 16 120 44 26 20 35.5 3,500
213.13.100 100 50 22 33 70 40 65 12 88 20 145 56 30 25 46.5 6,000

Material:
C45 forged

https://fibro.partcommunity.com/3d-cad-models/213-13-tragzapfen-fibro?info=fibro%2Fnormalien%2Fc%2Fc02%2Fc02_01%2Fc02_01_04%2F213_13.prj&cwid=2951
https://www.de.shop.fibro.com/en/213-13-
https://fibro.partcommunity.com/3d-cad-models/213-13-tragzapfen-fibro?info=fibro%2Fnormalien%2Fc%2Fc02%2Fc02_01%2Fc02_01_04%2F213_13.prj&cwid=2951



