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SET SCREW
HEXAGON NUT DIN 6330 B

Material:
heat-treated, strength class 8.8

Material:
heat-treated, strength class 10.9

Note:
Use washers conforming to DIN 6340.

Order No M d2 d3 k l
2140.02.10 10 16 30 8 39
2140.02.12 12 20 36 10 48
2140.02.16 16 25 42 13 55
2140.02.20 20 25 50 16 69
2140.02.24 24 34 60 20 87

2140.02. Set screw

Order No M e m s
2140.32.08 M8 15 12 13
2140.32.10 M10 18.4 15 16
2140.32.12 M12 20.7 18 18
2140.32.14 M14 24.2 21 21
2140.32.16 M16 27.7 24 24
2140.32.18 M18 31.2 27 27
2140.32.20 M20 34.6 30 30
2140.32.22 M22 39.2 33 34
2140.32.24 M24 41.5 36 36
2140.32.30 M30 53.1 45 46

2140.32. Hexagon Nut DIN 6330 B

https://www.de.shop.fibro.com/en/2140-02-
https://www.de.shop.fibro.com/en/2140-32-
https://fibro.partcommunity.com/3d-cad-models/2192-zylinderschraube-mit-innensechskant-din-en-iso-4762-fibro?info=fibro%2Fnormalien%2Fc%2Fc03%2Fc03_18%2F2192-1.prj&cwid=2951
https://fibro.partcommunity.com/3d-cad-models/2192-zylinderschraube-mit-innensechskant-din-en-iso-4762-fibro?info=fibro%2Fnormalien%2Fc%2Fc03%2Fc03_18%2F2192-1.prj&cwid=2951



