
J31

= 2195.

= 218.

h =   25 mm = 025.
a = 150 mm = 150.
b = 1500 mm = 1500

= 2195.218. 025. 150. 1500

= 2195.

= 219.

h =   25 mm = 025.
a = 150 mm = 150.
b = 1500 mm = 1500

= 2195.219. 025. 150. 1500

= 2195.

= 220.

h =   35 mm = 035.
a = 150 mm = 150.
b = 1500 mm = 1500

= 2195.220. 035.150. 1500

= 2195.

= 221.

h =   35 mm = 035.
a = 150 mm = 150.
b = 1500 mm = 1500

= 2195.221. 035.150. 1500

subject to alterations

2195.00.01.08.005

a

h a-40

2195.221.

Longitudinal profile on edge of belt

PVC loss prevention

Stainless steel profile

2195.00.01.08.005

a

h a-30

2195.220.

Longitudinal profile on edge of belt

PVC loss prevention

Stainless steel profile

h

a

a-20

2195.218.

PVC loss prevention

Stainless steel profile

a

h a-30

2195.219.

PVC loss prevention

Stainless steel profile

Delimiting guide with loss prevention for conveyor belt

Description:
with profile on conveyor edge rail 2195.114. with loss prevention
h = 25 - 50 mm (in 5 mm increments)

Delimiting guide with loss prevention for conveyor belt

Description:
with profile on conveyor edge rail 2195.115. with loss prevention
h = 25 - 50 mm (in 5 mm increments)

Delimiting guide with loss prevention for conveyor belt

Description:
with profile on conveyor edge rail 2195.114. and longitudinal profile on edge 
of belt, with loss prevention
h = 35 - 50 mm (in 5 mm increments)

Delimiting guide with loss prevention for conveyor belt

Description:
with profile on conveyor edge rail 2195.115. and longitudinal profile on edge 
of belt, with loss prevention
h = 35 - 50 mm (in 5 mm increments)

DELIMITING GUIDE WITH LOSS PREVENTION FOR CONVEYOR BELT

Ordering Code (example):
Conveyor belt, electrically controlled
Delimiting guide type 114 with loss prevention 
type 218
Guide height
Belt width
Frame length
Order No.

Ordering Code (example):
Conveyor belt, electrically controlled
Delimiting guide type 115 with loss prevention 
type 219
Guide height
Belt width
Frame length
Order No.

Ordering Code (example):
Conveyor belt, electrically controlled

Delimiting guide type 114 with loss prevention 
and longitudinal profile 2195.00.01.08.005

Guide height
Belt width
Frame length
Order No.

Ordering Code (example):
Conveyor belt, electrically controlled

Delimiting guide type 115 with loss prevention 
and longitudinal profile 2195.00.01.08.005

Guide height
Belt width
Frame length
Order No.

http://www.de.shop.fibro.com/en/2195-218-
http://www.de.shop.fibro.com/en/2195-219-
http://www.de.shop.fibro.com/en/2195-220-
http://www.de.shop.fibro.com/en/2195-221-
https://fibro.partcommunity.com/3d-cad-models/2195-218-begrenzungsf%C3%BChrung-mit-abfallschutz-f%C3%BCr-f%C3%B6rderband-fibro?info=fibro%2Fnormalien%2Fj%2Fj07%2F2195_218.prj&cwid=6071
https://fibro.partcommunity.com/3d-cad-models/2195-219-begrenzungsf%C3%BChrung-mit-abfallschutz-f%C3%BCr-f%C3%B6rderband-fibro?info=fibro%2Fnormalien%2Fj%2Fj07%2F2195_219.prj&cwid=6071
https://fibro.partcommunity.com/3d-cad-models/2195-220-begrenzungsf%C3%BChrung-mit-abfallschutz-f%C3%BCr-f%C3%B6rderband-fibro?info=fibro%2Fnormalien%2Fj%2Fj07%2F2195_220.prj&cwid=6071
https://fibro.partcommunity.com/3d-cad-models/2195-221-begrenzungsf%C3%BChrung-mit-abfallschutz-f%C3%BCr-f%C3%B6rderband-fibro?info=fibro%2Fnormalien%2Fj%2Fj07%2F2195_221.prj&cwid=6071



