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PILOTED COUNTERBORE FOR TAPERED-HEAD PUNCH

2284.00.
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Material:
HSS, hardened 62-66 HRC

Execution:
Tempered and ground.

Ordering Code (example):

Piloted counterbore for tapered-head 
punch = 2284.00.
Punch shaft diameter d1 5.6 mm = 0560
Order No = 2284.00. 0560

d1 ds d3 r1 l1
2 3.3 3.3 3.5 5
2.1 3.5 3.5 5 5
2.2 3.5 3.5 5 5
2.3 3.8 3.8 5 5
2.4 3.8 3.8 5 5
2.5 3.8 3.8 5 5
2.6 4.3 4.3 6.5 7
2.7 4.3 4.3 6.5 7
2.8 4.3 4.3 6.5 7
2.9 4.3 4.3 6.5 7
3 4.9 4.9 6.5 7
3.1 4.9 4.9 6.5 7
3.2 4.9 4.9 6.5 7
3.3 4.9 4.9 6.5 7
3.4 4.9 4.9 6.5 7
3.5 5.4 5.4 8 8
3.6 5.4 5.4 8 8
3.7 5.4 5.4 8 8
3.8 5.4 5.4 8 8
4 5.9 5.9 8 8
4.1 5.9 5.9 8 8
4.2 5.9 5.9 8 8
4.3 5.9 5.9 8 8
4.4 5.9 5.9 8 8
4.5 6.4 6.4 8 8
4.6 6.4 6.4 8 8
4.7 6.4 6.4 8 8
4.8 6.4 6.4 8 8
4.9 6.4 6.4 8 8
5 7.4 7.4 10 10
5.1 7.4 7.4 10 10
5.2 7.4 7.4 10 10
5.5 8.5 8.5 10 10
5.6 8.5 8.5 10 10
6 9.5 9.5 10 10
6.1 9.5 9.5 10 10
6.2 9.5 9.5 10 10
6.3 9.5 9.5 10 10
6.4 9.5 9.5 10 10
6.5 10.5 10.5 12 12
7 10.5 10.5 12 12
7.5 11.5 11.5 12 12
7.7 11.5 11.5 12 12
8 11.5 11.5 12 12
8.1 11.5 11.5 12 12
8.5 13.5 13 15 12
9 13.5 13 15 12
9.5 14.5 13 15 12
10 14.5 13 15 12
10.5 15.5 13 15 15
11 15.5 13 15 15
11.5 16.5 13 15 15
12 16.5 13 15 15
12.5 17.5 13 15 15
13 17.5 13 15 15
13.5 18.5 13 15 15
14 18.5 13 15 15
14.5 19.5 13 15 15
15 19.5 13 15 15
15.5 20.5 13 15 15
16 20.5 13 15 15
17 21.5 16 15 15
18 22.5 16 15 15
19 23.5 16 15 15
19.5 25.5 16 15 15
20 25.5 16 15 15

2284.00. Piloted counterbore for tapered-head 

punch

https://www.de.shop.fibro.com/en/2284-00-
https://fibro.partcommunity.com/?info=fibro/normalien/e/e01/e01_11/2284_00.prj



