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Zastrzega sie mozliwosc zmian

KOŁEK WALCOWY DIN EN ISO 8734

Material:
Stal
Twardość 60 ± 2 HRC

Wykonanie:
hartowany, szlifowany na gładko.

d1 l2 r l1 4 5 6 8 10 12 14 16 18 20 22 24 26 28 30 32 36 40 45 50 55 60 70 80 90 100 120
1 0,4 1  ● ● ● ● ● ●                     
1,5 0,5 1,6  ● ● ● ● ● ● ● ●  ● ● ●               
2 0,6 2  ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●  ●         
2,5 0,7 2,5   ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●           
3 0,8 3   ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●  ●     
4 1 4    ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●  ● ● ●   
5 1,2 5     ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●   
6 1,5 6     ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●
8 1,8 8        ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●
10 2 10         ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●
12 2,5 12           ●  ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●
14 2,5 16             ●  ● ● ● ● ● ● ● ● ● ● ● ● ● ●
16 3 16             ● ● ● ● ● ● ● ● ● ● ● ● ● ● ● ●
20 4 20                  ● ● ● ● ● ● ● ● ● ● ●

2351.1.
      

Kołek walcowy DIN EN ISO 8734

Przyklad zamówienia:

Kołek walcowy DIN EN ISO 8734 = 2351.1.
Średnica d1 6 mm = 0600.
Długość l1 8 mm = 008
Numer katalogowy = 2351.1. 0600. 008

https://www.de.shop.fibro.com/pl/2351-1-
https://fibro.partcommunity.com/3d-cad-models/?info=fibro/normalien/e/e05/2351_1.prj#!prjpathinfo=fibro/normalien/e/e05/2351_1.prj



