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GAUGE PIN DIN 2269

Material:
Alloy tool steel, hardened and tempered. Age-treated repeatedly.
Hardness 60 ± 2 HRC

Execution:
precision ground
Quality class I: diameter tolerance ±0,001
Quality class II: diameter tolerance ±0,002

Order example:
Quality class I = 240.1.
Quality class II = 240.2.

d1 l1
0,1 - 0,99 40
1 - 20 70

240.1./2.
      

Gauge pin DIN 2269

Ordering Code (example):

Gauge pin DIN 2269 = 240.
Quality class KL 1 = 1.
Diameter d1 1,29 mm = 0129.
Length l1 70 mm = 070
Order No = 240. 1. 0129. 070

https://www.de.shop.fibro.com/en/240-1-_2-
https://fibro.partcommunity.com/3d-cad-models/?info=fibro%2Fnormalien%2Fe%2Fe08%2F240.prj



