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RETAINING BOLT
THRUST WASHER

Material:
No 1.7225, heat treated
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A/F 36

Order No l1 l2 l3
2441.18.032.048 48 100 60
2441.18.032.068 68 120 80
2441.18.032.088 88 140 100
2441.18.032.108 108 160 120
2441.18.032.128 128 180 140
2441.18.032.148 148 200 160
2441.18.032.168 168 220 180
2441.18.032.188 188 240 200
2441.18.032.208 208 260 220
2441.18.032.228 228 280 240
2441.18.032.248 248 300 260
2441.18.032.268 268 320 280
2441.18.032.288 288 340 300

2441.18.
      

Retaining bolt

Material:
No 1.0570

Order No d1 d2 s
2441.16.330.080.06 33 80 6
2441.16.330.100.08 33 100 8

2441.16.
      

Thrust washer

https://www.de.shop.fibro.com/en/2441-18-
https://www.de.shop.fibro.com/fr/2441-16-
https://fibro.partcommunity.com/3d-cad-models/2441-18-haltebolzen-fibro?info=fibro%2Fnormalien%2Ff%2Ff06%2Ff06_04%2F2441_18.prj&cwid=3556
https://fibro.partcommunity.com/3d-cad-models/2441-16-auflagescheibe-fibro?info=fibro%2Fnormalien%2Ff%2Ff06%2Ff06_04%2F2441_16.prj&cwid=3556



