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ADJUSTING WASHER
RETAINING WASHER

Order No d4 d3 d2 h k
2442.12.4.014 14 5.5 16 5 3.2
2442.12.4.020 20 8.5 25.5 9 6.3
2442.12.4.026 26 8.5 31.5 9 6.3
2442.12.4.030 30 11 35.5 10 6.3
2442.12.4.042 42 11 47.5 10 6.3

2442.12.4.
      

Retaining washer

Order No d1 d s
2442.12.3.012.010 12 4.5 10
2442.12.3.014.005 14 5.5 5
2442.12.3.014.010 14 5.5 10
2442.12.3.014.014 14 5.5 14
2442.12.3.014.019 14 5.5 19
2442.12.3.016.005 16 6.5 5
2442.12.3.016.010 16 6.5 10
2442.12.3.016.015 16 6.5 15
2442.12.3.016.019 16 6.5 19
2442.12.3.016.020 16 6.5 20
2442.12.3.016.025 16 6.5 25
2442.12.3.020.009 20 8.5 9
2442.12.3.020.010 20 8.5 10
2442.12.3.020.015 20 8.5 15

Order No d1 d s
2442.12.3.020.020 20 8.5 20
2442.12.3.020.030 20 8.5 30
2442.12.3.020.040 20 8.5 40
2442.12.3.025.009 25 10.5 9
2442.12.3.025.010 25 10.5 10
2442.12.3.025.015 25 10.5 15
2442.12.3.025.020 25 10.5 20
2442.12.3.025.025 25 10.5 25
2442.12.3.025.035 25 10.5 35
2442.12.3.025.045 25 10.5 45
2442.12.3.025.055 25 10.5 55
2442.12.3.026.009 26 8.5 9
2442.12.3.026.010 26 8.5 10
2442.12.3.026.020 26 8.5 20

Order No d1 d s
2442.12.3.026.030 26 8.5 30
2442.12.3.030.010 30 12.5 10
2442.12.3.030.020 30 12.5 20
2442.12.3.030.030 30 12.5 30
2442.12.3.030.040 30 12.5 40
2442.12.3.030.050 30 12.5 50
2442.12.3.032.010 32 12.5 10
2442.12.3.032.020 32 12.5 20
2442.12.3.032.030 32 12.5 30
2442.12.3.032.040 32 12.5 40
2442.12.3.032.050 32 12.5 50
2442.12.3.042.010 42 10.5 10
2442.12.3.042.020 42 10.5 20
2442.12.3.042.030 42 10.5 30

2442.12.3.
      

Adjusting washer

https://www.de.shop.fibro.com/en/2442-12-3-
https://www.de.shop.fibro.com/en/2442-12-4-
https://fibro.partcommunity.com/3d-cad-models/2442-12-3-025-020-fibro?info=fibro%2Fnormalien%2Fl%2F3_1%2F3_1_0%2F3_1_0_1%2F2442-12-3.prj&cwid=9713
https://fibro.partcommunity.com/3d-cad-models/2442-12-4-020-fibro?info=fibro%2Fnormalien%2Fl%2F3_1%2F3_1_0%2F3_1_0_1%2F2442_12_4.prj&cwid=9713



