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GUIDE WITH PART POSITION CONTROL AND SPRING

Mounting example

Material:
Guide: Ck 60, area of pilot taper hardened 50 + 5 HRC
Flap: St 37
Spring: Spring steel wire

Execution:
forged

Note:
See following pages for accessories.
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2443.12. Rounded
transition R5

Thickness
8mm

Version with short flap:
l = 120, 150 mm

rounded

Thickness
8mm

Version with long flap:
l = 180, 250 mm

2443.12.
      

Guide with part position control and spring

Order No l l1 l2
2443.12.120 120 55 70
2443.12.150 150 55 70
2443.12.180 180 105 120
2443.12.250 250 105 120

https://www.de.shop.fibro.com/en/2443-12-
https://fibro.partcommunity.com/?info=fibro/normalien/d/d09/d09_10/2443_12_asmtab.prj



