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2472.02. 2472.08.

subject to alterations

SPRING PLUNGER, WITH SPRING 
LOADED PIN, WITH SLOT, INCREASED 
SPRING FORCE

SPRING PLUNGER, WITH SPRING 
LOADED PIN AND SEAL, WITH HEXAGON 
SOCKET, INCREASED SPRING FORCE
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Material:
Sleeve: Free machining steel, burnished
Pin: Free machining steel hardened, burnished
Spring: Nirosta

Note:
For locking and for pressing upwards or downwards. Removable with 
hexagon socket screw key or slotted screwdriver.
Identification of increased spring force by two longitudinal marks on 
the sleeve.

Material:
Sleeve: Free machining steel, burnished
Pin: Free machining steel hardened, burnished
Spring: Nirosta

Note:
For locking and for pressing upwards or downwards. The seal 
prevents the ingress of liquids into the forcing pin. Assembly and 
dismantling using hexagon socket key and slotted screwdriver.
Temperature operating range: –30°C up to 80°C
Identification of increased spring force by two longitudinal marks on 
the sleeve.

2472.02. Spring plunger, with spring loaded pin, with 
slot, increased spring force

     Spring force [N]Spring force [N]
Order No d1 d2 SW l s initial final
2472.02.005 M5 2.4 1.5 18 2.3 11 40
2472.02.006 M6 2.7 2 20 2.5 15 43
2472.02.008 M8 3.5 2.5 22 3 20 75
2472.02.010 M10 4 3 22 3 20 75
2472.02.012 M12 6 4 28 4 45 120
2472.02.016 M16 7.5 5 32 5 64 160
2472.02.020 M20 10 6 40 7 75 195
2472.02.024 M24 12 8 52 10 75 245

2472.08. Spring plunger, with spring loaded pin and seal, 
with hexagon socket, increased spring force

       Spring force [N] Spring force [N]
Order No d1 d2 l n s t SW initial final
2472.08.008 M8 3.8 26 1.5 3 1.4 2.5 17 39
2472.08.010 M10 4 28 1.5 3.5 1.4 3 22 43
2472.08.012 M12 6 35 2.7 4 2 4 40 80
2472.08.016 M16 7.5 40 3.2 5 2.5 5 44 113

https://www.de.shop.fibro.com/en/2472-02-
https://www.de.shop.fibro.com/en/2472-08-
https://fibro.partcommunity.com/3d-cad-models/2472-02-druckst%C3%BCck-federnd-mit-druckbolzen-mit-schlitz-verst%C3%A4rkte-federkraft-fibro?info=fibro%2Fnormalien%2Ff%2Ff09%2Ff09_01%2Ff09_01_01%2Ff09_01_01_08%2F2472-02.prj&cwid=3556
https://fibro.partcommunity.com/3d-cad-models/2472-08-druckst%C3%BCck-federnd-mit-druckbolzen-und-abdichtung-mit-innensechskant-verst%C3%A4rkte-federkraft-fibro?info=fibro%2Fnormalien%2Ff%2Ff09%2Ff09_01%2Ff09_01_02%2Ff09_01_02_04%2F2472-08.prj&cwid=3556



