
F404 subject to alterations

2480.00.35.021
Analogue display

Description:
The dynamometer with mechanical measuring device can be used to test the spring force of gas springs up to 8000 daN.

The dynamometer with digital measuring device can be used to test the spring force of gas springs up to 10000 daN.

The dynamometer 2480.00.35.021 with analogue display is supplied with three interchangeable pressure measuring nozzles different ranges of 
values: 
up to 300 daN, 
from 300 to 1750 daN 
and from 1750 bto 8000 daN

The dynamometer 2480.00.35.032 with digital display has a pressure measuring nozzle for forces ranging from 0 to 10000 daN.

Maximum spring installation height:
analogous = 700 mm
digital = 760 mm

DYNAMOMETER FOR GAS SPRINGS

2480.00.35.032
Digital display

https://www.de.shop.fibro.com/en/2480-00-35-0xx
https://www.de.shop.fibro.com/en/2480-00-35-0xx
https://fibro.partcommunity.com/?info=fibro/normalien/f/f12/f12_16/2480_00_35_0xx.prj
https://fibro.partcommunity.com/?info=fibro/normalien/f/f12/f12_16/2480_00_35_0xx.prj



