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subject to alterations

ALUMINIUM PLATE ~ISO 6753-1

Execution:
2910.□□□□.□□.0
External contours sawed. Thickness surfaces ground.

Note:
Plates from 500 × 500 mm on are manufactured with lifting thread.

Execution:
2910.□□□□.□□.2
Two external contours milled. Thickness surfaces ground.

Note:
Plates from 500 × 500 mm on are manufactured with lifting thread.

2910.
     

Aluminium plate ~ISO 6753-1

Size
Order No l x b x t
2910.1608.25.□ 160 x 80 x 25
2910.1608.32.□ 160 x 80 x 32
2910.1610.25.□ 160 x 100 x 25
2910.1610.32.□ 160 x 100 x 32
2910.1612.25.□ 160 x 125 x 25
2910.1612.32.□ 160 x 125 x 32
2910.1616.25.□ 160 x 160 x 25
2910.1616.32.□ 160 x 160 x 32
2910.2010.25.□ 200 x 100 x 25
2910.2010.32.□ 200 x 100 x 32
2910.2010.40.□ 200 x 100 x 40
2910.2012.25.□ 200 x 125 x 25
2910.2012.32.□ 200 x 125 x 32
2910.2012.40.□ 200 x 125 x 40
2910.2016.25.□ 200 x 160 x 25
2910.2016.32.□ 200 x 160 x 32
2910.2016.40.□ 200 x 160 x 40
2910.2020.25.□ 200 x 200 x 25
2910.2020.32.□ 200 x 200 x 32
2910.2020.40.□ 200 x 200 x 40
2910.2512.25.□ 250 x 125 x 25
2910.2512.32.□ 250 x 125 x 32
2910.2512.40.□ 250 x 125 x 40
2910.2516.25.□ 250 x 160 x 25
2910.2516.32.□ 250 x 160 x 32
2910.2516.40.□ 250 x 160 x 40
2910.2520.25.□ 250 x 200 x 25
2910.2520.32.□ 250 x 200 x 32
2910.2520.40.□ 250 x 200 x 40
2910.2525.25.□ 250 x 250 x 25
2910.2525.32.□ 250 x 250 x 32
2910.2525.40.□ 250 x 250 x 40
2910.3116.32.□ 315 x 160 x 32
2910.3116.40.□ 315 x 160 x 40
2910.3116.50.□ 315 x 160 x 50
2910.3120.32.□ 315 x 200 x 32

Size
Order No l x b x t
2910.3120.40.□ 315 x 200 x 40
2910.3120.50.□ 315 x 200 x 50
2910.3125.32.□ 315 x 250 x 32
2910.3125.40.□ 315 x 250 x 40
2910.3125.50.□ 315 x 250 x 50
2910.3131.32.□ 315 x 315 x 32
2910.3131.40.□ 315 x 315 x 40
2910.3131.50.□ 315 x 315 x 50
2910.4020.32.□ 400 x 200 x 32
2910.4020.40.□ 400 x 200 x 40
2910.4020.50.□ 400 x 200 x 50
2910.4025.32.□ 400 x 250 x 32
2910.4025.40.□ 400 x 250 x 40
2910.4025.50.□ 400 x 250 x 50
2910.4031.32.□ 400 x 315 x 32
2910.4031.40.□ 400 x 315 x 40
2910.4031.50.□ 400 x 315 x 50
2910.4040.32.□ 400 x 400 x 32
2910.4040.40.□ 400 x 400 x 40
2910.4040.50.□ 400 x 400 x 50
2910.5025.32.□ 500 x 250 x 32
2910.5025.40.□ 500 x 250 x 40
2910.5025.50.□ 500 x 250 x 50
2910.5031.32.□ 500 x 315 x 32
2910.5031.40.□ 500 x 315 x 40
2910.5031.50.□ 500 x 315 x 50
2910.5040.32.□ 500 x 400 x 32
2910.5040.40.□ 500 x 400 x 40
2910.5040.50.□ 500 x 400 x 50
2910.5050.32.□ 500 x 500 x 32
2910.5050.40.□ 500 x 500 x 40
2910.5050.50.□ 500 x 500 x 50
2910.6331.32.□ 630 x 315 x 32
2910.6331.40.□ 630 x 315 x 40
2910.6331.50.□ 630 x 315 x 50
2910.6331.63.□ 630 x 315 x 63

Size
Order No l x b x t
2910.6340.32.□ 630 x 400 x 32
2910.6340.40.□ 630 x 400 x 40
2910.6340.50.□ 630 x 400 x 50
2910.6340.63.□ 630 x 400 x 63
2910.6350.32.□ 630 x 500 x 32
2910.6350.40.□ 630 x 500 x 40
2910.6350.50.□ 630 x 500 x 50
2910.6350.63.□ 630 x 500 x 63
2910.6363.32.□ 630 x 630 x 32
2910.6363.40.□ 630 x 630 x 40
2910.6363.50.□ 630 x 630 x 50
2910.6363.63.□ 630 x 630 x 63
2910.7140.32.□ 710 x 400 x 32
2910.7140.40.□ 710 x 400 x 40
2910.7140.50.□ 710 x 400 x 50
2910.7140.63.□ 710 x 400 x 63
2910.7150.32.□ 710 x 500 x 32
2910.7150.40.□ 710 x 500 x 40
2910.7150.50.□ 710 x 500 x 50
2910.7150.63.□ 710 x 500 x 63
2910.7163.32.□ 710 x 630 x 32
2910.7163.40.□ 710 x 630 x 40
2910.7163.50.□ 710 x 630 x 50
2910.7163.63.□ 710 x 630 x 63
2910.8040.32.□ 800 x 400 x 32
2910.8040.40.□ 800 x 400 x 40
2910.8040.50.□ 800 x 400 x 50
2910.8040.63.□ 800 x 400 x 63
2910.8050.32.□ 800 x 500 x 32
2910.8050.40.□ 800 x 500 x 40
2910.8050.50.□ 800 x 500 x 50
2910.8050.63.□ 800 x 500 x 63
2910.8063.32.□ 800 x 630 x 32
2910.8063.40.□ 800 x 630 x 40
2910.8063.50.□ 800 x 630 x 50
2910.8063.63.□ 800 x 630 x 63

Ordering Code (example):

Aluminium plate ~ISO 6753-1 = 2910.
Length L 400 mm = 40
Width B 400 mm = 40.
Thickness T 40 mm = 40.
Execution FORM sawn = 0
Order No = 2910. 40 40. 40. 0

https://www.de.shop.fibro.com/en/2910-
https://www.de.shop.fibro.com/en/2910-
https://fibro.partcommunity.com/3d-cad-models/2910-aluminiumplatte-iso-6753-1-fibro?info=fibro%2Fnormalien%2Fb%2Fb02%2F2910.prj&cwid=9127
https://fibro.partcommunity.com/3d-cad-models/2910-4040-32-0-fibro?info=fibro%2Fnormalien%2Fb%2Fb02%2F2910.prj&cwid=9713



