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2960.73.

subject to alterations

GUIDE BRACKET, STEEL WITH SOLID LUBRICANT, VDI 3387

Material:
Steel, surface hardened. Sliding 
faces with embedded solid lubri-
cant.

Note:
Screws are not included.

Fixing:
Use socket cap screws
DIN EN ISO 4762.
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             Number of
Order No Shape b a c l1 l2 e e1 d d1 f t r screw holes
2960.73.063.180.036 A 63 180 36 20 90 50 36 14 20 18 16 16 3
2960.73.063.200.036 A 63 200 36 20 90 50 36 14 20 18 16 16 3
2960.73.063.224.036 A 63 224 36 20 90 50 36 14 20 18 16 16 3
2960.73.071.180.036 A 71 180 36 20 90 50 36 14 20 18 16 16 3
2960.73.071.200.036 A 71 200 36 20 90 50 36 14 20 18 16 16 3
2960.73.071.224.036 A 71 224 36 20 90 50 36 14 20 18 16 16 3
2960.73.090.200.045 A 90 200 45 20 100 50 50 18 26 28 21 25 3
2960.73.090.224.045 A 90 224 45 20 100 50 50 18 26 28 21 25 3
2960.73.090.250.045 A 90 250 45 20 100 50 50 18 26 28 21 25 3
2960.73.112.200.045 A 112 200 45 20 100 50 50 18 26 28 21 25 3
2960.73.112.224.045 A 112 224 45 20 100 50 50 18 26 28 21 25 3
2960.73.112.250.045 A 112 250 45 20 100 50 50 18 26 28 21 25 3
2960.73.140.315.045 B 140 315 45 40 150 80 90 22 33 36 25.5 31.5 4
2960.73.140.400.045 B 140 400 45 40 150 80 90 22 33 36 25.5 31.5 4
2960.73.140.400.056 B 140 400 56 40 150 80 90 22 33 36 25.5 31.5 4
2960.73.190.400.056 B 190 400 56 40 150 80 90 22 33 36 25.5 31.5 4
2960.73.240.500.056 B 240 500 56 40 250 160 160 26 40 36 30.5 31.5 4
2960.73.240.630.056 B 240 630 56 40 250 160 160 26 40 36 30.5 31.5 4

2960.73. Guide bracket, Steel with solid lubricant, VDI 3387

https://www.de.shop.fibro.com/en/2960-73-
https://fibro.partcommunity.com/3d-cad-models/?info=fibro/normalien/d/d06/d06_10/2960-73.prj



