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2964.78.

subject to alterations

T-GUIDE BAR, BRONZE WITH SOLID LUBRICANT

Material:
Bronze with solid lubricant, oilless 
lubricating

Material:
Bronze with solid lubricant, oilless 
lubricating

2964.78.
      

T-Guide bar, Bronze with solid lubricant

Order No a b c h l
2964.78.012.018.0350 12 18 8 5 350
2964.78.025.022.0350 25 22 12 15 350
2964.78.035.028.0350 35 28 18 20 350

2964.77.
      

T-Guide bar, Bronze with solid lubricant

Order No a b c h l
2964.77.012.018.0350 12 18 8 5 350
2964.77.025.022.0350 25 22 12 15 350
2964.77.035.028.0350 35 28 18 20 350

https://www.de.shop.fibro.com/en/2964-77
https://www.de.shop.fibro.com/en/2964-78-
https://fibro.partcommunity.com/?info=fibro/normalien/d/d06/d06_04/2962-77.prj
https://fibro.partcommunity.com/3d-cad-models/?info=fibro/normalien/d/d06/d06_07/2964-78.prj



